
Model   TVH, 316 Stainless Steel base  
   and lid 

Bus/Sensor (2) SPDT Reed switch 200mA Max 

Area Classification Class 1, Div. 1, Groups A,B,C&D; 
Class II, Div. 1, Groups F&G; Type 4, 
4X; Ex ia IIC T4, Ex tb IIIC T135° Db, 
IP64 

Visual Display 90° Green Open / Red Closed     

Shaft NAMUR, 304 Stainless Steel 

Conduit Entries (2) M20 

O-rings  Silicone 

Temperature Rating -40°C to 53°C 
 
  

TVH-0X0GNMM 

Discrete Valve Monitor 
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