NUCLEAR SERIES

ASCO™ 2-Way Solenoid Valves
NP8210

For Oil-Free Instrument Air or Nitrogen | 3/8", 1/2", 3/4", 1", 1-1/4", or 1-1/2" ANPT

Qualification

[EEE-323-1983, IEEE-344-1986, IEEE-382-1980,
IEEE-387-1984, and IEEE-627-1980
ASCO Quialification Report: AQR-68061 Rev. A

Installation

Valves must be mounted with solenoid vertical and upright.
Minimum Operating Pressure Differential Requirement:
5 psi minimum operating pressure differential is required on
some pilot operated models.

Valve Parts in Contact with Media

NORMALLY CLOSED

NORMALLY OPEN

Body: Brass

Disc: FKM fluoroelastomer

Springs: 302 Stainless Steel

Core Tube: 305 Stainless Steel

Core and Plugnut: 430F Stainless Steel

Springs: 302 Stainless Steel and 17-7 Ph Stainless Steel
Shading Coil (AC models): Copper

Diaphragms: FKM fluoroelastomer on Nylon (Nomex® fabric)
Static Seals: FKM fluoroelastomer

Nomex is registered trademark of DuPont Co.

Nominal Ambient Temperature
122°F (50°C) maximum

Electrical Information Flow Diagrams

Replacement Coil Kits

Coil Kit Model Number with

Valve Standard 18" Coil Lead Length*
Voltage Watertight Explosionproof/Watertight
Solenoid Enclosure Solenoid Enclosure

120/60 VAC 238210-032-D 238214-032-D
120/60 VAC 238610-032-D 238614-032-D
120/60 VAC 272610-032-D 272614-032-D

125 VDC 238910-335-D 238914-335-D

125 VDC 222184-016-D 222184-016-D

* For optional 72" (6') coil leads replace “D” with “K", i.e. -001K.

Note: Additional coil model numbers for non-standard voltages are also available. Contact ASCO.
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NUCLEAR SERIES

ASCO™ 2-Way Solenoid Valves
NP8210

For Oil-Free Instrument Air or Nitrogen | 3/8", 1/2", 3/4", 1", 1-1/4", or 1-1/2" ANPT

Specifications (NP8210 Brass Body)

Pipe Orifice Maximum Operating Minimum . Watertight Explosionproof Watt Ratin
Size Size Pressure Differential (psi) Operating ::zs‘g:;l((";ig) CF‘;::?,‘:V Sol id Encl e Sol id Enclosure 9
(in.) (in.) AC DC Pressure P Catalog Number Catalog Number AC | DC
Normally Closed Operation
3/8 5/8 150 40 0 600 3 NP8210G093 NPEF8210G093 10.1 24.6
1/2 5/8 150 40 0 600 4 NP8210G094 NPEF8210G094 10.1 24.6
3/4 3/4 150 40 0 600 5 NP8210G095 NPEF8210G095 10.1 24.6
1 1 150 125 5 600 13 NP8210G004 NPEF8210G004 6.1 24.6
11/4 11/8 150 125 5 600 15 NP8210G008 NPEF8210G008 6.1 24.6
11/2 11/4 150 125 5 600 22.5 NP8210G022 NPEF8210G022 6.1 24.6
Normally Open Operation
3/8 5/8 150 125 0 300 3 NP8210G033 NPEF8210G033 10.1 24.6
1/2 5/8 150 125 0 300 4 NP8210G034 NPEF8210G034 10.1 24.6
3/4 3/4 150 125 0 300 5.5 NP8210G035 NPEF8210G035 10.1 24.6
1 1 150 5 300 13 NP8210D014 NPEF8210G014 16.1
11/4 11/8 150 5 300 15 NP8210D018 NPEF8210G018 16.1
11/2 11/4 150 - 5 300 22.5 NP8210D032 NPEF8210G032 16.1 -
1 1 125 5 300 13 NP8210G014 NPEF8210G014 26.6
11/4 11/8 125 5 300 15 NP8210G018 NPEF8210G018 26.6
1172 11/4 125 5 300 22.5 NP8210G032 NPEF8210G032 26.6
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Numbers
NP8210G093
NPEF8210G093 3/8 23/4 37/16 25/16 313/16 19/16 31/4 123/32 9/32
NP8210G094
NPEF8210G094 1/2 23/4 37/16 25/16 313/16 19/16 31/4 123/32 9/32
NP8210G095
NPEF8210G095 3/4 213/16 315/32 215/32 43/32 123/32 313/32 123/32 9/32
NP8210G033
NPEF8210G033 3/8 23/4 37/16 221/32 45/16 19/16 33/4 123/32 9/32
NP8210G034
NPEF8210G034 1/2 23/4 37/16 221/32 45/16 19/16 33/4 123/32 9/32
NP8210G035
NPEF8210G035 3/4 213/16 315/32 213/16 45/8 123/32 329/32 123/32 9/32
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ASCO™ 2-Way Solenoid Valves

NUCLEAR SERIES

. . . NP8210
For Oil-Free Instrument Air or Nitrogen | 3/8", 1/2", 3/4", 1", 1-1/4", or 1-1/2" ANPT
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N"F‘,zg;?gggf f 1 115/32 63/8 43/4 319/32 1 3332 21/16 338
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For Oil-Free Instrument Air or Nitrogen | 3/8", 1/2", 3/4", 1", 1-1/4", or 1-1/2" ANPT

NUCLEAR SERIES
NP8210

NP8210 - Dimensions
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NP8210D014 1" 19/32 13/16 215/16 21/16 33/4
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NP8210D018 11/4 11/2 1 33/8 21/32 321/32
NP8210D032 11/2 113/16 67/8 415/16 33/8 13/32 33/4 21/16 13/6
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