
A Group ‘D’, end-of-line flame arrester designed to prevent the propagation 
of flames into a storage vessel

Varec SerieS 5400A flAme ArreSter

Features

• Net free area through the bank is three 
to four times the unit pipe size, reducing 
surface friction, optimizing flow capacity 
and minimizing pressure drop. 

• large surface area of the bank improves 
heat dissipation.

• Spiral wound and crimped bank element.
• rugged construction for extended life.
• Unitized design with jackscrews for easy 

inspection and maintenance.
• Bank element can be inspected or cleaned 

quickly and replaced between the end 
housings.

• Handle provided for easy handling.
• Broad range of materials available.
• Ul and fm approved*.

* See page 2 for approvals.

technical Data

materials: Aluminum, carbon steel, 
stainless steel, ductile iron

Sizes: 2" to 12" (50 to 300 mm)
Connections: Drilled flanges
Pressure rating: to 10 psi (0.7 bar)

© 2017 emerson. All rights reserved.emerson.com/Finalcontrol VctDs-00309-en 18/03

General application

these units are generally used in conjunction 
with low flash point liquids and flammable 
gases or vapors throughout the petroleum, 
petrochemical, chemical, pulp and paper, 
food and beverage and other industries where 
flame propagation is a potential problem.
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R

notes
installation, mounting arrangement and dimensions are preliminary information not to be used for construction. 
Certified drawings are available on request.

Dimensions, inches and pounds (millimeters and kilograms)
size code

2 3 4 6 8 0 1
nominal pipe size

2 3 4 6 8 10 12
(50) (80) (100) (150) (200) (250) (300)

l length 14½ 16½ 20 5/16 21¾ 25¾ 30½ 34 9/16

(368) (419) (516) (552) (654) (775) (878)
H Height 9½ 11½ 13¼ 17¾ 22 24 30

(241) (292) (337) (451) (559) (610) (762)
W Width 9⅛ 11 3/16 15⅝ 19 23¼ 25¼ 31¼

(232) (284) (397) (483) (591) (641) (787)
Shipping weight 25 35 45 90 140 210 325

(11) (16) (20) (41) (64) (95) (148)

speciFications

connections
• flange drilling per ANSi Class 150.
• flat face flange - aluminum.
• raised face flange - CS, ductile iron 

and 316 SS.

materials
Housing:
• Heavy wall, 356 Ht low copper aluminum, 

standard.
• CS, ductile iron or 316 SS, optional.
Bank assembly:
• low copper aluminum core housing and 

element, standard.
• low copper aluminum core housing with 

316 SS element, optional.
• All 316 SS core housing and element, 

optional.

pressure
Pressure rating: leak proof to 10 psi (69.0 kPa).
Pressure drop: should not exceed 1 psi 

(6.9 kPa).

location[1]

Within 15 feet (4.6 m) upstream of flame source 
when used in accordance with Ul listing, or 
10 pipe diameters when used in accordance 
with fm approval.

configuration
• Net free area: three to four times the 

corresponding size standard pipe.
• Bank assembly: spiral wound and crimped 

element with core housing and integral 
handle.

Varec SerieS 5400A flAme ArreSter

proDuct oVerView

the 5400A Series utilizes two principles to 
stop the propagation of flame from external 
sources: the dissipation of heat, in which the 
temperature of the flame front is reduced 
below the flash point of the vapor by the 
absorption of heat through the surface of the 
bank assembly; and the quenching of Class ‘D’ 
vapors. the space between the bank assembly 
crimps is smaller than the diameter required 
to pass a flame of a Class ‘D’ gas.

they should be installed vertically on tank vent 
systems or in piping headers.
for distances or gas classifications outside the 
limits detailed under 'location', a detonation 
arrester should be used.

W ref 
4” to 12” 

sizes

W ref 
2” and 3” 

sizes

H ref

l ref

note
1. for use on hydrocarbon storage tanks, installed 

NOt mOre tHAN 15 feet from the open 
end of the vent pipe when used in accordance 
with Ul listing or 10 pipe diameters when 
used in accordance with fm Approval. these 
test conditions may not represent the actual 
service conditions of piping system design. it is 
recommended that the arrester be independently 
tested under actual service conditions before 
installation.

approvals
• Ul (Underwriters laboratories) listed in all 

aluminum construction in 2”, 3”, 4”[1].
• fm (factory mutual) all sizes, all materials[1].



3

2” 4” 6” 8” 12”10”3”

2” 4” 6” 8” 10”3” 12”

40

30

25

20

15

10
9
8
7

6

5

4

3

2

1
.9
.8
.7
.8
.9
1

2

3

4

5

6

7
8
9

10

15

20

25

30

40

20

15

10
9
8

7

6

5

4

3

2

1

.5

.4

.5

1

2

3

4

5

6

7

8
9

10

15

20

1 2 3 4 5 6 7 8 9 10 20 30 40 50 60 70 80 90 100 200 300 400 500 600 800 1000

1 2 3 4 5 6 7 8 9 10 20 30 40 50 60 70 80 90 100 200 300 400 500 600 800 1000

700 900

700 900
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2010B SerieS relief VAlVe WitH 5400A SerieS flAme ArreSter
Set At 0.865 iNCHeS Of WAter PreSSUre AND VACUUm
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Varec SerieS 5400A flAme ArreSter

selection GuiDe
example: 5400a 2 1
model
5400a flame arrester (vertical installation only)
size
2 2"
3 3"
4 4"
6 6"
8 8"
0 10"
1 12"
materials: housing/core/element
1 Aluminum/aluminum/aluminum
2 Aluminum/316 SS/316 SS
3 Carbon steel/316 SS/316 SS
5 Ductile iron/316 SS/316 SS
6 316 SS/316 SS/316 SS

example: 2” flame arrester with aluminum housing, aluminum core housing and element.
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Varec SerieS 5400A flAme ArreSter
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Varec SerieS 5400A flAme ArreSter
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Neither emerson, emerson Automation Solutions, nor any of their affiliated entities assumes responsibility for the selection, use or maintenance of any product. 
responsibility for proper selection, use, and maintenance of any product remains solely with the purchaser and end user.

Varec is a mark owned by one of the companies in the emerson Automation Solutions business unit of emerson electric Co. emerson Automation Solutions, 
emerson and the emerson logo are trademarks and service marks of emerson electric Co. All other marks are the property of their respective owners.

the contents of this publication are presented for informational purposes only, and while every effort has been made to ensure their accuracy, they are not to be 
construed as warranties or guarantees, express or implied, regarding the products or services described herein or their use or applicability. All sales are governed by 
our terms and conditions, which are available upon request. We reserve the right to modify or improve the designs or specifications of such products at any time without 
notice.

emerson.com/finalControl


