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POPPET VALVES
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air operated 14421 ><‘|* i 261 232'623
NMUMATILS subbase-mounted body - G 1/4 - G 3/8 subbases | oy - oo
GENERAL
FLUID : Air or neutral gas, filtered, lubricated or not
PRESSURE :2to 12 bar
TEMPERATURE :-10°C, + 60°C
FLOW (Qv at 6 bar) : see table below
PILOT PRESSURE : the pilot pressure must be equal or superior
to the pressure in the valve
CONSTRUCTION
Body: light alloy
Sealings: polyurethane (PUR) and nitrile (NBR)
Mating surface to CNOMO 06-05-71/72 and AFNOR NF E49061/062
Internal parts: steel, light alloy and acetal resin (POM)
SPECIFICATIONS
14 4. 2., 1 =P =Pressure
[421 >< m 2,4= AB = Outlet
! 3v Al 3 = E = EXhaust
Flow Fluid pressure Pilot pressure 2 catalogue numbers
Pipe Orifice (in bar) (in bar)
i : at 6 bar AIR
size size /min KV VALVE + PILOT
(mm) | (SRA) coeff. min. max. min. max.
|
G1/4 8 700 10 2 12 2 12 26190069 4 88126110
|
1
G 3/8 12 1750 25 2 12 2 12 26290354 + 88126110
|
SUBBASES
DESIGNATION
Valve Type Pipe Type catalobgue Reference
mating surface of subbase size of port number
CNOMO 06.05.71 SINGLE G 1/4 side 35700003 P/DMP 401
AFNOR E49061
G1/4 JOINABLE G 1/4 side 35700008 PJO1/DMP 401
CNOMO 06.05.72 SINGLE G 3/8 side 35700004 P/DMP 402
AFNOR E49062
G 3/8 JOINABLE G 3/8 bottom 35700011 PJ02/DMP 401- 402
TO ORDER

The valve, air pilot unit and subbase must be ordered separately to be mounted by customer: please specify the quantity and code of

each component required.

All leaflets are available on: www.asco.com
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POPPET VALVES SERIES 261-262
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DIMENSIONS (mm), WEIGHT (kg)

VALVE ON SINGLE SUBBASE

G 1/4 (series 261)
Subbase: catalogue number 35700003
Weight: 0,550 kg

© oo P %?\ Ports
T T P : Pressure
A ‘ A : Outlet
— = ‘ B : Outlet
.49 1155 E : Exhaust
I | L ‘ (1) 2 mounting holes @ 5,5 mm (series 261)
ﬁ&r‘ﬂ_gr o (2) Pilot port: G 1/4
: ; o (3) 4 ports: G 1/4
—-—] 4‘trE Jf‘brp C\lk i
ﬁ 1—{ "@* ; ™ (4) Clips
) AE > y (5) 4 ports: G 3/8
NP . i
’*—‘ﬁx@ @ 2 mounting holes @ 6,5 mm (series 262)

VALVE ON JOINABLE SUBBASE

G 1/4 (series 261)
Subbase: catalogue number 35700008
Weight: 0,500 kg
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n = number of subbases
¥ 3
Q9 (1) Pilot port : G 1/4
(2) 2 mounting holes @ 7 mm
‘ Q 2 ports : G 3/8
20 | [18, 28 N‘ ©2p
(4)2 ports : G 1/4
94

(8)2ports : G 1/2

G 3/8 (series 262)
Subbase: catalogue number 35700004
Weight: 0,850 kg
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G 3/8 (series 262)
Subbase: catalogue number 35700011
Weight: 0,750 kg
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All leaflets are available on: www.asco.com
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