
SPECIFICATIONS

GENERAL
FLUID : Air or neutral gas, filtered, lubricated or not
PRESSURE : 2 to 10 bar
TEMPERATURE : -10°C to +60°C
FLOW (Qv at 6 bar) : see table below
PILOT PRESSURE : in external supply, the pilot pressure must be equal 
  or superior to the pressure in the valve
                                                                
CONSTRUCTION
Body: light alloy
Sealings: polyurethane (PUR) and nitrile (NBR)
Mating surface to CNOMO 06-05-71/72 and AFNOR NF E49061/062
Internal parts: steel, light alloy and acetal resin (POM)

18900001

19000005

19000006

19000017

18900001

19000005

19000006

19000017

●

✕

●

▼

●

✕

●

▼

(M)

8

12

700

1750

10

25

2

2

10

10

+

26190069

26290354

+ G/DMP 401

G/DMP 402+

SINGLE

JOINABLE

SINGLE

JOINABLE

G 1/4

G 1/4

G 3/8

G 3/8

Side

Bottom

Side

Bottom

35700003

35700008

35700004

35700011

P/DMP 401

PJ01/DMP 401

P/DMP 402

PJ02/DMP 401-402

CNOMO 06.05.72
AFNOR E49062

G 3/8

CNOMO 06.05.71
AFNOR E49061

G 1/4

OPTIONS 
- Other voltages and 60 Hz on request
- Solenoid pilot valves 189-190-192 with connector and built-in visual indicator and protection
- Solenoid pilot valve 189 with explosion-proof Ex mb coil
- Solenoid pilot valves 189/190 with solenoid head for dusty explosive atmospheres (SG), zone 22
- External solenoid valve supply plate, code : 88122201 (G 1/8)

ELECTRICAL CHARACTERISTICS OF PILOTS

The solenoid valve 190 is dual-voltage (24V~,12V=) (48V~,24V=) (115V~,48V=) (230V~, 115V=) 
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24V - 48V - 115V - 230V / 50 Hz
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All leaflets are available on: www.asco.com
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http://www.asco.com/ASCO Asset Library/Solenoid Valves-General Service-PV-CAT-00133GB.pdf
http://www.asco.com/ASCO Asset Library/Solenoid Valves-Dust Collector-SG-CAT-01059GB.pdf


DIMENSIONS AND WEIGHTS

VALVE ON JOINABLE SUBBASE

VALVE ON SINGLE SUBBASE

G 1/4 ports
Subbase: cat no. 35700003
Weight: 0,750 kg

2 mounting holes 
Ø 5,5

Pilot 190

4 G 1/4 ports

2 mounting holes 
Ø 6,5

G 3/8 ports
Subbase: cat no. 35700004
Weight: 1,050 kg

4 G 3/8 ports

Pilot 189 Pilot 190
Pilot 189

n = number of subbases

2 mounting holes 
Ø 7

2 G 3/8 ports

2 G 1/2 ports2 G 3/8 ports

2 G 1/4 ports

G 1/4 ports
Subbase: cat no. 35700008
Weight: 0,700 kg

G 3/8 ports
Subbase: cat no. 35700011
Weight: 0,950 kg

2 mounting holes 
Ø 7

Pilot 190 Pilot 189 Pilot 190 Pilot 189

✻  + 15 mm  for connector removal

    + 16 mm for external solenoid valve supply plate
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All leaflets are available on: www.asco.com
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