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ADDED ONE-PIECE FORGED FLANGE GWR S-SEAL. HTHP REMOVED.
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03302-70002/17/16N. ANDERSTROM

2/18/16J. ARMSTRONG

TYPE I DRAWING
ROSEMOUNT 3301/3302

NTSD

ROSEMOUNT 3301/3302 LEVEL RADAR AND LIQUID LEVEL TRANSMITTER
PROCESS CONNECTION TYPES

FLANGE STYLE PROCESS CONNECTION
 THREAD TYPE PROCESS CONNECTIONTRI-CLAMP PROCESS CONNECTION

RIGID TWIN LEAD SHOWN

RIGID SINLE LEAD SHOWN

1 1/2 IN. BSP,
 (G 1 1/2 IN.) THREAD 1 IN. BSP, (G 1 IN.) THREAD

1 OR 1 1/2 IN. NPT THREAD
2 IN. NPT THREAD

FLEXIBLE SINGLE LEAD W/ WHT. SHOWN

RIGID SINLE LEAD SHOWN

FLANGE SIZES (2",3",4" 150# AND 300#) ARE ONE-PIECE DESIGN WITH SINGLE LEAD PROBE. 

NOTE:

1.

1/2-14 NPT OR
M20 X 1.5
OPTIONAL ADAPTERS
AVAILABLE

PTFE AND ALLOY PROBES 
ARE DESIGNED WITH 
PROTECTIVE PLATE

™

http://www2.emersonprocess.com/en-US/brands/rosemount/Documentation-and-Drawings/Product-Data-Sheets/Pages/index.aspx
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L < 77 FT. 
(23.5 m)

1.48
[37,5]

1.91
[48,6]

9.80
(250)

LONG STUD
(OPTION LS)

3.90  (100) FOR 4mm PROBE
OR 5.90 (150) FOR 6MM PROBE

STANDARD STUD

L < 77 FT.
(23.5 m)

5.46
[138,6]

1.48
[37,5]

.16 (4): SST PROBE

.28 (7) : PTFE

L < 77 FT.
(23.5 m)

.99
[25,250]

1.02
[26,000]

1.10
[28,0]

1.10
[28,0]

15.2
(385)

L < 20ft. (6m)

.51 (13)

31.5
(800)

6.77
[177]

9.57
[243.1]

L<20 FT (6 m)
 

L<10 FT (3 m)
L<20 FT. (6m) for

 0.51 (13mm)

 0.31 (8) or 0.51 (13)
SST AND ALLOY

 0.47 (12) FOR PTFE
COVERED PROBES
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TYPE I DRAWING
ROSEMOUNT 3301/3302

NTSD

ROSEMOUNT 3301/3302 RADAR AND INTERFACE LIQUID LEVELS TRANSMITTER
PROBE TYPES

COXIAL COXIAL (PERFORATED) RIGID SINGLE LEAD FLEXIBLE SINGLE LEAD 
WITH SMALL WEIGHT

FLEXIBLE SINGLE LEAD 
WITH LARGE WEIGHT

FLEXIBLE SINGLE LEAD 
WITH CHUCK

SHORT WEIGHT
(OPTION W2)

LARGE WEIGHT
(OPTION W3)

CHUCK WIEGHT
(OPTION 5B AND 6B)

SEGMENTED SINGLE LEAD
(with Flange)

1.
1.

OPTIONAL GROUND SCREW
ASSEMBLY

OPTIONAL COVER 
CLAMP

™
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L < 20 FT. (6 m)

0.51 (13)

L < 77 FT. 
(23.5 m)

5.5 (140): 4mm SST PROBE
17.1 (435): PTFE COVERED PROBE

.86 (22): 4mm SST PROBE

.88 (22.5): PTFE COVERED PROBE

.31
(8)

.24
[6,0]

L < 77 FT. 
(23.5 m)

L < 77 FT. 
(23.5 m)

1.38
[35,0]
1.38
[35,0]

3.49
[88,6]
3.49
[88,6]

.16
[4,0]

.16
[4,0]

1.00
(25)
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FLEXIBLE SINGLE LEAD 
WITH WEIGHT

FLEXIBLE TWIN LEAD
WITH WEIGHT
 

ROSEMOUNT 3301/3302 RADAR AND INTERFACE LIQUID LEVELS TRANSMITTER
PROBE TYPES (CONTINUED)

SEGMENTED SINGLE LEAD
(with thread)

OPTIONAL: BOTTOM CENTERING
DISC (SST OR PTFE)

1.

OPTIONAL CENTETING DISK
2",3" OR 4"

OPTIONAL: PTFE CENTERING
DISC
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ROSEMOUNT 3301/3302

NTSD

ROSEMOUNT 3301/3302 RADAR AND INTERFACE LIQUID LEVELS TRANSMITTER
WITH REMOTE AND STANDARD MOUNTING BRACKETS

REMOTE HOUSING
(SHOWN WITH FLANGE PROCESS CONNECTION)
(OPTION B1,B2,B3)

Remote mounting bracket can be used
either for the housing (as shown in these 
pictures) or on the process seal (if threaded 
adapter is used instead of the flanged design)

3, 6, 9 FT. LENGTHS
(1,2, OR 3 METERS)
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